
(0,80 mm) .0315" VHDCR, VHDCP SERIES

36, 50 or 68 Positions

Right Angle or 
Edge Mount

Through-hole or 
Edge Mount

VHDCR–36–01–M–RA

VHDCP–68–01–M–EM

WWW.SAMTEC.COM

For complete specifi cations and 
recommended PCB layouts
see www.samtec.com?VHDCR 
or www.samtec.com?VHDCP

RoHS Compliant: 
Yes
Lead–Free Solderable: 
No 

Note: 
This Series is non-standard, 
non-returnable.

VHDCR Mates with:
VHDCP and Industry 
Standard VHDCI 
Cable Assemblies 

VHDCP Mates with: 
VHDCR
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= 15µ" (0,38µm) Gold
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NO. OF 
POSITIONS PLATING01TYPE MOUNTING

OPTION

VHDCR
= Right Angle

VHDCP
= Edge Mount

–RA
= Right Angle

(Required for VHDCR)

–EM
= Edge Mount

(Required for VHDCP)

VHDCR

NO. OF 
POSITIONS

36

50

68

A
VHDCR
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B
VHDCP
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1.079
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1.362

–36, –50, –68

APPLICATION
VHDCR

VHDCP

SPECIFICATIONS

VHDCI  CONNECTORS

F-214 SUPPLEMENT

VHDCP


